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CHROME PLATED, KNURL BRASS G-13-KC 9-1437627-2

BLACK ANODIZE, KNURL ALUMINUM 5056-H18 G-13-KB 9-1437627-1

CLEAR ANODIZE, KNURL ALUMINUM 5056-H18 G-13-KA 9-1437627-0

CHROME PLATED, PLAIN BRASS G-13-C 8-1437627-9

BLACK ANODIZE, PLAIN ALUMINUM 5056-H18 G-13-B 8-1437627-8

CLEAR ANODIZE, PLAIN ALUMINUM 5056-H18 G-13-A 8-1437627-7
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CHROME PLATED, KNURL BRASS G-12-KC 8-1437627-6

BLACK ANODIZE, KNURL ALUMINUM 5056-H18 G-12-KB 8-1437627-5

CLEAR ANODIZE, KNURL ALUMINUM 5056-H18 G-12-KA 8-1437627-4

CHROME PLATED, PLAIN BRASS G-12-C 8-1437627-3

BLACK ANODIZE, PLAIN ALUMINUM 5056-H18 G-12-B 8-1437627-2

CLEAR ANODIZE, PLAIN ALUMINUM 5056-H18 G-12-A 8-1437627-1
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FINISH MATERIAL MODEL NO.
TE PART
NUMBER

NOTE:

 1.      FINISH OR BETTER.

  BLACK ANODIZED GUARDS MAY HAVE
     A SMALL AREA ON THE INNER SURFACE
     WHERE THERE IS NO ANODIZE DUE
     TO THE ANODIZING PROCESS.

BUTTON GUARD G-13-K
SHOWN

SECTION  A-A

BREAK 
SHARP
EDGE

STRIGHT KNURL .031 T.P.I
(K MODELS ONLY, 
SEE TABLE FOR PLAIN
FINISH MODELS)

1/4-40 UNS-2B

0.50[.020]x45�$�
CHAMFER

32

2


	Sheet 1
	Views
	new_view_1
	right_2



