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 PLUG HOUSING: NYLON 6/6, YELLOW.
     COVER: NYLON 6/6, BLACK.
     LEVER: NYLON 6/6, GRAY.
     TPA: NYLON 6/6, COLOR-SEE TABLE.
     PERIPHERAL AND MATTE SEALS: SILICONE, BLUE.
     SHUNT: BERYLLIUM COPPER.

 SHUNT: 0.38µm MIN GOLD OVER 2.0µm MIN NICKEL IN CONTACT AREA.

 3. PLUG ASSEMBLY TO BE USED WITH CONTACT PART NUMBERS 1326028-3 OR 1326028-7, 
    PURCHASED SEPARATELY.

 SEE TABLE ON SHEET 1 FOR AVAILABLE PIN-OUT CONFIGURATIONS OR CONTACT TE
    CONNECTIVITY ENGINEERING TO REQUEST AN ALTERNATE PIN-OUT CONFIGURATION.

 5. APPLICABLE HEADER INTERFACE DRAWING IS AVAILABLE UPON REQUEST. A COPY OF
    THIS DRAWING CAN BE OBTAINED FROM THE TE CONNECTIVITY PRODUCT MANAGER,
    VIA YOUR TE CONNECTIVITY SALES REPRESENTATIVE OR CUSTOMER SERVICE.

 WIRE DRESS ASSEMBLY, PART NUMBER 1438766-1 IS SHOWN FOR REFERENCE ONLY, 
    AND MUST BE PURCHASED SEPARATELY.

 7. RETENTION FORCE OF SHUNT TO BE 9.0N MINIMUM (8 PLACES).

 SEE SHEETS 3, 4, AND 5 FOR VISUAL REFERENCE FOR LEVER ORIENTATION AND
    KEYING CODE.
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