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2-1445051-22

2-1445051-33
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2-1445051-55

2-1445051-66

2-1445051-77

2-1445051-88

2-1445051-99

3-1445051-010

3-1445051-111

3-1445051-212

 MATERIAL:  HOUSING - UL 94V-O RATED HIGH TEMP NYLON, COLOR BLACK.
               CONTACTS - BRASS
               HOLDDOWNS - PHOSPHOR BRONZE.    

 RECOMMENDED PC BOARD THICKNESS OF 1.57.

 PLATING:  CONTACTS - 2.54µm MINIMUM MATTE TIN OVER 1.27µm MINIMUM NICKEL.
              HOLDDOWNS - 2.54µm MINIMUM MATTE TIN OVER 1.27µm MINIMUM NICKEL.

 4  COUNTERPART RECOMMENDED IS PN 1445022 OR 2008571 (DASH ACCORDING TO NUMBER OF POSITION).

 5  FOR REELING DIRECTION AND PACKAGING TYPE, SEE SPECIFICATION 114-13000.

 CUTTING EDGE, NO PLATING PRESENT IN THE REGION SHOWN.
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