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Zﬁl MATERITAL: HOUSING - UL 94V-O RATED HIGH TEMP NYLON, COLOR BLACK.
CONTACTS - BRASS
HOLDDOWNS: - PHOSPHOR BRONZE.
Zﬁl RECOMMENDED PC BOARD THICKNESS OF 1.57.
z Zﬁl KAPTON VACUUM PICK UP BUTTON.
[I Zﬁl PLATING: CONTACTS - 2.54um MINIMUM MATTE TIN OVER [ .27um MINIMUM NICKEL.
1T H H H__H__H HOLDDOWNS - 2.54pm MINIMUM MATTE TIN OVER |.27um MINIMUM NICKEL.
A\
5 COUNTERPART RECOMMENDED IS PN 1445022 OR 2008571 (DASH ACC. TO NUMBER OF POSITION).

o FOR REELING DIRECTION AND PACKAGING TYPE, SEE SPECIFICATION [14-13000.
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