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OBSOLETE BULK 1445771-2

INDIVIDUAL 1445771-1

PACKAGING PART NUMBER

 PARTS PACKAGED UNASSEMBLED.

 CABLE CLAMPING AREA ADJUSTABLE FROM 0.76mm² TO 15.8mm².

 3. OUTSIDE CABLE DIAMETER: 4.4 MAXIMUM.

SECTION  X-X

JAM NUT
POLYESTER, COLOR: BLACK
QTY: 1

STRAIN RELIEF, RIGHT ANGLE
THERMOPLASTIC, COLOR: BLACK

QTY: 1

CLAMP
THERMOPLASTIC, COLOR: BLACK

QTY: 2
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