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1x PBT/ASA-GF20 58 POS. CON. COVER
-

BLACK
- 3

1x PBT-GF20 96 POS. LEVER
-

RED
- 1

0-1452421-1 MATERIAL DESCRIPTION COLOUR ITEM
NO

18.3 WEIGHT OF EACH ASSY. NO [g]

QTY REQD PER ASSY PARTS LIST
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ASSY DELIVERED WITH LEVER IN ENDLOCKED POSITION
Anlieferungszustand: Lever in Endraststellung1

NOTES:
Bemerkungen:
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