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(OPTITONAL)
PLUG | MATERIAL:
HOUS ING PLUG HOUSING: NYLON 35% GLASS FILLED, COLOR - SEE TABLE
TPA PBT I5% GLASS FILLED, COLOR - NATURAL
CPA (OPTIONAL): PBT 20% GLASS FILLED, COLOR - RED
2 TPA SHOWN IN SHIPPING POSTTION.
3. OPTIONAL CPA AVAILABLE.
TPA
16& MARK DATE CODE IN APPROXIMATE LOCATION.
5. MATING RECEPTACLES:
13726030 TIN PLATING, 2.8 CONTACT
19724955 TIN PLATING, 0.64 CONTACT
TPA SHOWN [N SHIPPING POSITION — 2. 1+0.4
WITH OPTIONAL CPA SHOWN
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TPA TRAVEL
/,J/ \LA\ KL‘\ /,J/ YES D GRAY 456471 -8
g YES C BLACK | A564 71 -7
f( — L X - }E f( - X - }E f( - X }QE YES 3 GRAY 1456471 -6
— YES A DLACK | 456471 -5
I NO D GRAY 45647 -4
I I I I I I NO B GRAY 456471 -2
NO A DLACK | 45647 - |
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