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1460469-3

3 1 BODY BRASS  min. 2µm NiP

2 1 DIELECTRIC PTFE NONE

1 1 CENTER CONDUCTOR PHOS BRONZE
Min. 0.1µm Au

over min. 2µm NiP

1460469-1

3 1 BODY BRASS
Min. 0.1µm Au

over min. 2µm NiP

2 1 DIELECTRIC PTFE NONE

1 1 CENTER CONDUCTOR BERYLLIUM COPPER
Min. 0.1µm Au

over min. 2µm NiP

PART NR ITEM NR PIECES DESCRIPTION MATERIAL PLATING

   Interface according to IEC 169-15
 
2)  Center conductor not captivated against rotation
 
   Knurl according to DIN 82 RAA 0.5
 
4)  Suitable for coupling torque up to 0.8Nm. OBSOLETED

OBSOLETED
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