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ASSEMBLY MAY BE BROKEN TO THE DESIRED NUMBER OF POSITIONS

TRUE POSITION TOLERANCE OF THE POSTS TIPS APPLIES WHEN THE HEADER

ROWM-—Jeyeyoyesoyeyele S HELD FLAT AGAINST THE PRINTED CIRCUIT BOARD.
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ROWN—Ferororelleaieieoleo THE NOTED DIMENSION APPLIES AT THE INTERSECTION OF THE POST AND HOUSING.
1 2 3

FINISH: 0.000127 [.000005] GOLD ON CONTACT AREA,
0.00254—0.00508 [.000100—.000200] MATTE TIN—LEAD ON SOLDER TAIL
ALL OVER 0.00127 [.000050] NICKEL.
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\ POST NUMBER REF.

(SEE TABLE) PRELIMINARY PART — NOT RELEASED FOR PRODUCTION.

MATERIAL: HOUSING— FLAME RETARDANT THERMOPLASTIC
POSTS— COPPER ALLOY

FINISH: 0.000127 [.000005] GOLD ON CONTACT AREA,
0.00254—0.00508 [.000100—.000200] MATTE TIN ON SOLDER TAIL
ALL OVER 0.00127 [.000050] NICKEL.
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HIGH TEMPERATURE CONFIGURATION
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2.54+0.08 [.100£.003] TYP
TOLERANCE NON—-CUMULATIVE
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