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 PCB HOLE DIM:
    DRILLED HOLE=0.700�#�0.025mm
    FINISHED HOLE=0.60�#�0.05mm
    Cu-THICKNESS=0.0375�#�0.0125mm
    SnPb THICKNESS=0.007�#�0.003mm

 MATERIAL:
    CONTACT AND SHIELD - PHOSPHOR BRONZE
    HOUSING - GLASS FILLED POLYESTER

 FINISH:  CONTACT AND SHIELD
    MATING AREA - 0.76µm MIN GOLD OVER 1.27µm MIN NICKEL
    COMPLIANT PIN AREA - 0.5µm MIN BRIGHT TIN
    OVER 1.27µm MIN NICKEL

 CONNECTOR MARKED WITH PART NUMBER AND DATE CODE

 DATUMS AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER

 THE TWO GROUNDS IN EACH COLUMN ARE COMMONED

 7. CONTACT AREA LUBRICATED WITH BELLCORE
    APPROVED LUBRICANT. TECHNICAL REFERANCE:
    GR-1217-CORE, ISSUE 1, NOVEMBER 1995

 TE OR TE CONNECTIVITY LOGO IS LOCATED.
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