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WIRE LIST SIDE OF JACK ‘
PIN (SAME FOR BOTH CONNECTORS) 062" THICK - 1/32" MAX ‘
1 WHT/BLU NITRILE GASKET OBSOLETE YES 12” 1546414—6 . |
2 BLUE DRAIN WIRE OBSOLETE NO 24" 1546414—5 |
3 WHT/ORG WIRE TIE NO 127 1546414—4 :
4 CREEN OBSOLETE YES 127 1546414-3 |
5 WHT/GRN OBSOLETE NO 24”7 1546414—2 \
6 ORG SUPERSEDED NO 12” 1546414—1 |
__ |7 WHT/BROWN |
5 BROWN CABLE TIE DIM A PART NUMBER \
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_— OTHERWISE SPECIFIED:
BOOT—HOOD: POLYOLEFIN, BLACK. INCHES H_WAKEEM ETHERNET PANEL MOUNT RECEPTACLE |
JACK: CAT 5E PCB. 0 PLC +- PRODUCT SPEC
LOCKNUT: ABS, 10% GLASS FILLED, BLACK. 1PLC E- . RJ—45 BULKHEAD PASS THROUGH Al
PANEL MOUNT HOUSING: CLCOLAC @gi PC toes APPLICATION SPEC WITH PATCH CORD |
CABLE: 26 AWG 8 CONDUCTOR BLACK PVC JACKET. G R _ SIZE | CAGE CODE gWNG No RESTRICTED TO :
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