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TE Connectivity

1 4 POSITION, AMP MCP1.5K, ...GREY PBT

C 1-1563305-4 I
2 RETAINER, ... VIOLET PBT-GF10
3 RADIAL SEAL ... NATURAL MVQ
4 CPA, ... RED PBT-GF10
1 3 POSITION, AMP MCP1.5K, ...PLATINUM GREY PBT

C 1-1563305-5 I
2 RETAINER, ... VIOLET PBT-GF10
3 RADIAL SEAL ... NATURAL MVQ
4 CPA, ... RED PBT-GF10
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ITEM NODESCRIPTION COLOR MATERIAL REV TE-NO COD

NOTES

  SUITABLE TERMINAL 1241380-1 AND WIRE SEALING 964971-1
     SUITABLE MATING PART 1-969920-1

  CONDITION AS SUPPLIED: RETAINER IN PRE-LOCKED POSITION,
      AFTER CONTACT LOADING TO DRIFT IN THIS DIRECTION (2.5mm)

  BULK PACKAGED

  WITH CPA (CONNECTOR POSITION ASSURANCE)

  CONTACT CAVITY NUMBER

  ALLOWED WARPAGE �#�0.5

  CHAMBER 1 CLOSED

  CHAMBER 1 AND 2 CLOSED

PN 1-1563305-4 AS SHOWN

SHOWN VIEW FOR PN 1-1563305-5
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