8 7 5 2
THIS DRAWING IS UNPUBLISHED. RELEASED FOR PUBLICATION 20 REVISIONS
<:> COPYRIGHT 20 BY - AL RonTs RESRRYED p LTR DESCRIPTION DATE DWN APVD
C REVISED PER ECR-12-017444 21NOv2017 | BW | SG
. DIMENSIONS IN BRACKETS ARE IN INCHES.
2. FLAMMABILITY V-2 FOR THICKNESS 0.38mm, 0.75mm, I.5mm AND
3.0mm PER IEC 60695-11-10.
3. GLOW-WIRE FLAMMABILITY (GWF 1) 800°C FOR THICKNESS 0.38mm
AND 0.75mm PER IEC 60695-2-12.
4. GLOW-WIRE FLAMMABILITY (GWFI) 960°C FOR THICKNESS I|.5mm
AND 3.0mm PER IEC 60695-2-12.
5. GLOW-WIRE IGNITION (GWIT) 825°C FOR THICKNESS 0.38mm
0.75mm, |.5mm, AND 3.0mm PER IEC 60695-2-13.
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