4

THIS DRAWING IS UNPUBLISHED.

RELEASED FOR PUBLICATION

20

(C) coPYRIGHT 20

BY TYCO ELECTRONICS CORPORATION, ALL RIGHTS RESERVED.

39,90

e
PN 1599783-5 PN 1599783-4

Lo

ENGRAVING

PN

1599783-3

PN

1599783~/

|
J

HAH

|
)

PN 1599783~ |

[
D Loc DIST REVISITONS
Iil A P - P LTR DESCRIPTION DATE DWN APVD
DO NOT REVISE
EXCEPT BY CAD 0 RELEASED 0IDEC2005 | VF | JAL
A ECO-08-020033 [8SEP2008 | GO WB
ZL* SYNTHETIC INHIBITOR IN BOTH SIDES
"C"MEMBER AND WEDGE MEMBER.
7 - APPLICABLE CABLE RANGE:
SUM OF DIA. RUN WIRE TAP WIRE PART NUMBER
MAX . MIN . MAX . MIN . MAX . MIN .
3,46 10,41 8,38 5,18 6,55 4| 1599783~ |
[1,81 8,41 6,55 4011 5,84 411 1599783-2
16,66 13,08 10, |1 6,55 8,38 5,18 1599783-3
15,29 l1,79 [0, Il 6,55 6,55 411 1599783-4
18,39 14,8 10, |1 6,55 [0, || 6,55 1599783-5
ZL* INIBIDOR SINTETICO EM AMBOS 0OS LADOS DO
COMPONENTE "C" E DO COMPONENTE CUNHA .
2 - FAIXA APLICAVEL DE CABOS:
SOMA DOS CONDUTOR CONDUTOR
DIAMETROS PRINCIPAL DERIVACAO PART NUMBER
MAX . MIN. MAX . MIN. MAX . MIN .
3,46 10,41 8,38 5,18 6,55 411 599783~ |
[1,81 8,41 6,55 4,1 5,84 4011 1599783-2
16,66 13,08 [0, Il 6,55 8,38 5,18 1599783-3
15,29 1,79 [0, |1 6,55 6,55 4011 1599783-4
18,39 14,81 [0, Il 6,55 [0, Il 6,55 1599783-5
- - - - o 21,6 | ALUMINUM ALLOY WEDGE MEMBER
- - - - 5 247 | ALUMINUM ALLOY WEDGE MEMBER
- - - - 4 23,0 | ALUMINUM ALLOY WEDGE MEMBER
- - - - 3 23,8 | ALUMINUM ALLOY WEDGE MEMBER
- - - - | / 26,4 | ALUMINUM ALLOY WEDGE MEMBER
| | | | | | — ALUMINUM ALLOY "C"MEMBER
-5 -4 -3 -2 -
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