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SAFETY ORGANIZATIDNS RELIABILITY SPECIFICATIONS: TN T TRV | DATE
THIS FILTER HAS BEEN FORMALLY RECOGNIZED, [ERTIFIED [R APPROVED STORAGE TEMPERATURE: -40°C 10 +85°C PJ0 |olGECO8
BY THE LISTED AGENCY. THEREFORE, ALL TESI/REUIREMENTS SPECIFIED HUMIDITY: 2] DAYS @ 40°C 857 RM.
IN THE LATEST REVISION OF THE FOLLOKING AGENCY STANDARDS CLRRENT OVERLDAD TEST: 6 TIMES Ip FOR
HAVE BEEN MET: 8 SECONDS
UL RECGNIZED: L 1263 TEST SPECIFICATIONS:
CSA CERTIFIEQ: [SA 22.2, # 8 INOUCTANCE: 0.13 mH NOMINAL
VDE APPROVED: ENG0OS39-2 CAPACITANCE : (HEA"SILRED @ IkHz, 0.250VAC MAX., 25°C31°0)
OPERATING SPECIFICATIONS T v
LINE CURRENT/VOLTAGE: 15 AMP, 1207250 VAL, DISCHARGE MESISIOR: 15 Hn
10 AMP/40°C, 250 VAL ND DISCHARGE RESISTOR:  600OM.A (MIN.) @ 100VOC,
LINE FREGENCY: 50-B0Hz 20°C AND 50% RH
mgﬂmﬁx*g& CURRENT, 0.2 A 1207 B RECOMMENDED RECEIVING INSPECTION HIPOT:
GROUND: e ’ LINE TO GROUMD:  1SOOVAC DR 2250VOC FOR 1 MINUTE
0.3 mA@ 230v SOH: LINE Y0 LINE:  1450VDC FOR | MINUTE
DPERATING AMBIENT TEMP. RANGE: -10°C T0 #40°C @ RATED CURRENT, Ip. FILTER APPROVAL:
IN AN AMBIENT, To. HIGHER THAN 40°C. THE MAXIMUM DPERATING TE BEST WAY 10 SELECT MND DUALTEY A FILTER IS FOR
CURRENE, 1o, IS AS FOUOWS: [ .1 — [O00-T1g YOUR ENGINEERING 70 TEST THE UNIT IN YILR EQUISMENT.
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