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DIM S
TYP

DIM K

DIM U

DIM W  �#�.008
TYP

.100 .008

DIM R DIM T
TYP

DIM L

 DIM F  �#�.020

1.050 .010

 REF
2 PLC

1.397

.574.780 .010

.300

2 PLC
.440 .010

DIM J
REF

 REF
2 PLC

.160

TYP
.100

.137

 CLAMSHELLS AND HEADER HOUSING: THERMO PLASTIC, UL94 V-O,
    CONTACTS: COPPER ALLOY; SCREWS: STEEL.

 CONTACTS: .000030 MIN GOLD IN MATING AREA, .000050 MIN TIN ON CRIMP
              AREAS, BOTH OVER .000050 MIN NICKEL.
    SCREWS: ZINC

 TYCO PART NUMBER AND DATE CODE MARKED IN AREA.

 DIM S IS CENTERLINE SPACING OF POWER MODULES ON LEFT SIDE OF CONNECTOR.

 DIM T IS CENTERLINE SPACING OF POWER MODULES ON RIGHT SIDE OF CONNECTOR.

 OTHER DIMENSIONS SEE SHEET 2

POWER POSITION P1

ISOMETRIC VIEW
SCALE  2:1

PAN HEAD SCREW,
#4 SELF TAPPING
2 PLC

SIGNAL PIN CONTACT

PLUG HOUSING

CLAMSHELL, BOTTOM

CLAMSHELL, TOP

1 2

3



A1

REVISIONS

0 PLC
1 PLC
2 PLC
3 PLC
4 PLC
ANGLES

OFSCALE SHEET REV

NAME

SIZE CAGE CODE DRAWING NO

DIMENSIONS: TOLERANCES UNLESS
OTHERWISE SPECIFIED:

DWN

CHK

APVD

MATERIAL FINISH

PRODUCT SPEC

APPLICATION SPEC

WEIGHT

P LTR DATE APVDDWNDESCRIPTION

5678 34 2 1

D

B

AA

B

C C

D

ALL RIGHTS RESERVED.

RELEASED FOR PUBLICATION

C COPYRIGHT

THIS DRAWING IS UNPUBLISHED.

4805 (3/13)

RESTRICTED TO

THIS DRAWING IS A CONTROLLED DOCUMENT.

TE Connectivity

54

Customer Drawing

1600238

D.RINGLER
25JAN2005

D.TROUT
27JAN2005

R.WHYNE
28JAN2005

3:1 2 3 A6

108-2157-1

114-13164

-- -

INCHES
-
-
0.02
0.005
-

-

SQUEEZE TO RELEASE CABLE PLUG,
WITH KEYS, TYPE PSP
MULTI-BEAM XL

-

20

- -

20

00779

BY -

- SEE SHEET 1 - - -

     

     

     

 DIM K

PART NUMBERDESCRIPTIONDIM KDIM FDIM WDIM RDIM TDIM SDIM UDIM LDIM J

1600238-18P(10AWG) + 24S + 4ACP(8AWG).2355.0801.9752.725.300.2504.1204.2004.700

1600238-28P(12AWG) + 24S + 4ACP(8AWG).2355.0801.9752.725.300.2504.1204.2004.700

1600238-31P(10AWG) + 24S + 1P(10AWG).2352.380.225.950--1.4201.5002.000

1600238-41P(10AWG) + 16S + 1P(10AWG).2352.180.225.750--1.2201.3001.800

1600238-52P(10AWG) + 24S + 2P(10AWG).2352.880.4751.200.250.2501.9202.0002.500

1600238-63ACP(8AWG) + 24S + 3ACP(8AWG).2603.680.8501.600.300.3002.7202.8003.300

1600238-75P(10AWG) + 8S + 5P(10AWG).2353.9801.2251.550.250.2503.0203.1003.600

1600238-81HDP(14AWG) + 8S + 1HDP(14AWG).2101.880.200.500--.9201.0001.500

1600238-92HDP(14AWG) + 16S + 2HDP(14AWG).2102.480.400.900.200.2001.5201.6002.100

1-1600238-024S.2101.880----.9201.0001.500

1-1600238-11HDP(14AWG) + 16S + 1HDP(14AWG).2102.080.200.700--1.1201.2001.700

1-1600238-22P(12AWG) + 48S + 2P(12AWG).2353.480.4751.800.250.2502.5202.6003.100

1-1600238-31P(10AWG) + 24S + 1P(10AWG).2352.380.225.950--1.4201.5002.000

FOR CONFIGURATION ONLY WITH SIGNAL

A5
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PART NUMBER ROWS
POWER SIGNAL POWER

P1 P2 P3 P4 P5 1 2 P6 P7 P8 P9 P10

1600238-7

D

CP CP CP CP CP

CT CT

CP CP CP CP CP
C CT CT

B CT CT

A CT CT

5P(10AWG) + 8S + 5P(10AWG)   

PART NUMBER ROWS
POWER SIGNAL POWER

P1 1 2 P2

1600238-8

D

CP

CT CT

CP
C CT CT

B CT CT

A CT CT

        1HDP(14AWG) + 8S + 1HDP(14AWG)             

PART NUMBER ROWS
POWER SIGNAL POWER

P1 P2 1 2 3 4 P3 P4

1600238-9

D

CP CP

CT CT CT CT

CP CP
C CT CT CT CT

B CT CT CT CT

A CT CT CT CT

    2HDP(14AWG) + 16S + 2HDP(14AWG)    

PART NUMBER ROWS
SIGNAL

1 2 3 4 5 6

1-1600238-0

D CT CT CT CT CT CT

C CT CT CT CT CT CT

B CT CT CT CT CT CT

A CT CT CT CT CT CT

24S

PART NUMBER ROWS
POWER SIGNAL POWER

P1 1 2 3 4 P2

1-1600238-1

D

CP

CT CT CT CT

CP
C CT CT CT CT

B CT CT CT CT

A CT CT CT CT

    1HDP(14AWG) + 16S + 1HDP(14AWG)             

PART NUMBER ROWS
POWER SIGNAL POWER

P1 P2 1 2 3 4 5 6 7 8 9 10 11 12 P3 P4

1-1600238-2

D

CP CP

CT CT CT CT CT CT CT CT CT CT CT CT

CP CP
C CT CT CT CT CT CT CT CT CT CT CT CT

B CT CT CT CT CT CT CT CT CT CT CT CT

A CT CT CT CT CT CT CT CT CT CT CT CT

2P(12AWG) + 48S + 2P(12AWG)    

PART NUMBER ROWS
POWER SIGNAL POWER

P1 1 2 3 4 5 6 P2

1-1600238-3

D

CP

CT CT CT

CP
C CT CT CT CT

B CT CT CT

A CT CT CT CT CT CT

1P(10AWG) + 24S + 1P(10AWG)     

PART NUMBER ROWS
POWER SIGNAL POWER

P1 P2 P3 P4 P5 P6 P7 P8 1 2 3 4 5 6 P9 P10 P11 P12

1600238-1

D

CP CP CP CP CP CP CP CP

CV CV CV CV CV CV

CP CP CP CP
C CV CV CV CV CV CV

B CV CV CV CV CV CV

A CV CV CV CV CV CV

8P(1OAWG) + 24S + 4ACP(8AWG)   

IDENTIFIERDESCRIPTION
MATING
SEQUENCE

CPPOWER CONTACT-

CTSIGNAL CONTACTSTANDARD

CVSIGNAL CONTACTMLBF

PART NUMBER ROWS
POWER SIGNAL POWER

P1 P2 P3 P4 P5 P6 P7 P8 1 2 3 4 5 6 P9 P10 P11 P12

1600238-2

D

CP CP CP CP CP CP CP CP

CV CV CV CV CV CV

CP CP CP CP
C CV CV CV CV CV CV

B CV CV CV CV CV CV

A CV CV CV CV CV CV

8P(12AWG) + 24S + 4ACP(8AWG)   

PART NUMBER ROWS
POWER SIGNAL POWER

P1 1 2 3 4 5 6 P2

1600238-3

D

CP

CT CT CT CT CT CT

CP
C CT CT CT CT CT CT

B CT CT CT CT CT CT

A CT CT CT CT CT CT

1P(10AWG) + 24S + 1P(10AWG)     

PART NUMBER ROWS
POWER SIGNAL POWER

P1 1 2 3 4 P2

1600238-4

D

CP

CT CT CT CT

CP
C CT CT CT CT

B CT CT CT CT

A CT CT CT CT

1P(10AWG) + 16S + 1P(10AWG)             

PART NUMBER ROWS
POWER SIGNAL POWER

P1 P2 1 2 3 4 5 6 P3 P4

1600238-5

D

CP CP

CT CT CT CT CT CT

CP CP
C CT CT CT CT CT CT

B CT CT CT CT CT CT

A CT CT CT CT CT CT

2P(10AWG) + 24S + 2P(10AWG)    

PART NUMBER ROWS
POWER SIGNAL POWER

P1 P2 P3 1 2 3 4 5 6 P4 P5 P6

1600238-6

D

CP CP CP

CT CT CT CT CT CT

CP CP CP
C CT CT CT CT CT CT

B CT CT CT CT CT CT

A CT CT CT CT CT CT

3ACP(8AWG) + 24S + 3ACP(8AWG)   

NO CONTACTS LOADED
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