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NOTES:
1 BUNDLE DIAMETRE RANGE 2 TO 50 mm.
2  MINIMUM TENSILE STRENGTH : 130 N.
] 3 FLAMMABILITY CLASS : UL94-V2
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4-160996-2 BLACK POLYAMIDE 6.6 1000
4-160996-1 NATURAL POLYAMIDE 6.6 1000
_ 2-160996-2 BLACK POLYAMIDE 6.6 100
2-160996-1 NATURAL POLYAMIDE 6.6 100
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3 PLC +- APPLICATION SPEC
4 PLC il SIZE | CAGE CODE | DRANING NO RESTRICTED 10
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