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M4 TERMINALS

LIMITING ELEMENT VOLTAGE: 500V dc/ac rms C(IO0O0OW or less)
| SOLATION VOLTAGE (TERMINAL TO HEATSINAK): 2.3kV
SINGLE SHOT (1,5/50ms): 4kV

MAX IMUM RATED POWER (HEATSINK TEMP @ 60°C): |00W

SHORT TERM OVERLOAD: 3 x RATED POWER, [0 sec s
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