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8-32 UNC-2A /mnu_M UNC-2A 1612 151701-180 | WAGHER, 3716 X 130 X _.015 MYLAR

STUD, 6 REQ'D. STUD, 2 REQ’B. 151 1 | 33529-023 | OVERLAY
141 1 | 39529047 | OVERLAY
39529-001 | GVERLAY
58400-071 | PLATE~TF AA/PMA
5180B-D34 | WASHER-L OCK

NO.B SPLIT BRONZE
21806~014 | WASHER-1OCK NO,6 SPLIY BRONZE
S1805~-021 | WASHER-LOCK NO.5 INT, BRONZE
21205~291 | SCREW 5-40 ¥ 5/8 RD, HD. BRASS
50408-014 1 NUT 8-32 X 174 X 3732 HEX BRASS
50406-034 | NUT 6-32 X 1/4 X 5/64 HEX BRASS
18845-001 | PLATE~WIRING DiAGRAM
38611~010 ; RELAY ASSEMBLY-PRIMARY
16728008 | PLATE~BASE COVER
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o ee 39676-001 | SHIELD-TERMINAL
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