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WEIGHT
(g)

(1000pcs)

0805 2.00±0.10 1.25±0.10 0.50±0.10 0.35±0.20 0.40±0.20 4.368

1206 3.10±0.10 1.55±0.10 0.55±0.10 0.50±0.25 0.50±0.20 8.947

SIZE A B C

0805 1.2 0.7 1.3

1206 2 0.9 1.6

FOR FURTHER INFORMATION SEE DATA SHEET FOR
TCR SERIES TRIMMABLE CHIP RESISTORS
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SCHEDULE
TCPN CATALOGUE NUMBER PART DESCRIPTION COATING PART STATUS

1623707-4 TCR0805N430K TRIMMABLE 0805 0/-10% 430K DOUBLE PRODUCTION
1623707-5 TCR0805N560K TRIMMABLE 0805 0/-10% 560K DOUBLE PRODUCTION
1623707-6 TCR0805N680K TRIMMABLE 0805 0/-10% 680K DOUBLE PRODUCTION
1623707-7 TCR0805N910K TRIMMABLE 0805 0/-10% 910K DOUBLE PRODUCTION
1623707-8 TCR0805N1M5 TRIMMABLE 0805 0/-10% 1M5 DOUBLE PRODUCTION
1-1623707-1 TCR0805N240K TRIMMABLE 0805 0/-10% 240K DOUBLE PRODUCTION
1-1623707-2 TCR0805N330K TRIMMABLE 0805 0/-10% 330K DOUBLE PRODUCTION
1-1623707-6 TCR0805N1K5 TRIMMABLE 0805 0/-10% 1K5 DOUBLE PRODUCTION
1-1623707-7 TCR0805N2K7 TRIMMABLE 0805 0/-10% 2K7 DOUBLE PRODUCTION
1-1623707-9 TCR0805N39K TRIMMABLE 0805 0/-10% 39K DOUBLE PRODUCTION
2-1623707-0 TCR0805N68K TRIMMABLE 0805 0/-10% 68K DOUBLE PRODUCTION
2-1623707-2 TCR0805N24K TRIMMABLE 0805 0/-10% 24K DOUBLE PRODUCTION
2-1623707-3 TCR0805N82K TRIMMABLE 0805 0/-10% 82K DOUBLE PRODUCTION
2-1623707-4 TCR0805N150R TRIMMABLE 0805 0/-10% 150R DOUBLE PRODUCTION
2-1623707-5 TCR0805N1K8 TRIMMABLE 0805 0/-10% 1K8 DOUBLE PRODUCTION
2-1623707-6 TCR0805N4K7 TRIMMABLE 0805 0/-10% 4K7 DOUBLE PRODUCTION
2-1623707-7 TCR0805N120K TRIMMABLE 0805 0/-10% 120K DOUBLE PRODUCTION
3-1623707-0 TCR0805N150RSC TRIMMABLE 0805 0/-10% 150R SC SINGLE PRODUCTION
3-1623707-1 TCR0805N1K5SC TRIMMABLE 0805 0/-10% 1K5 SC SINGLE PRODUCTION
3-1623707-2 TCR0805N2K7SC TRIMMABLE 0805 0/-10% 2K7 SC SINGLE PRODUCTION
3-1623707-3 TCR0805N24KSC TRIMMABLE 0805 0/-10% 24K SC SINGLE PRODUCTION
3-1623707-4 TCR0805N39KSC TRIMMABLE 0805 0/-10% 39K SC SINGLE PRODUCTION
3-1623707-5 TCR0805N82KSC TRIMMABLE 0805 0/-10% 82K SC SINGLE PRODUCTION
3-1623707-6 TCR0805N200KSC TRIMMABLE 0805 0/-10% 200K SC SINGLE PRODUCTION
3-1623707-7 TCR0805N240KSC TRIMMABLE 0805 0/-10% 240K SC SINGLE PRODUCTION
3-1623707-8 TCR0805N330KSC TRIMMABLE 0805 0/-10% 330K SC SINGLE PRODUCTION
3-1623707-9 TCR0805N430KSC TRIMMABLE 0805 0/-10% 430K SC SINGLE PRODUCTION
4-1623707-0 TCR0805N560KSC TRIMMABLE 0805 0/-10% 560K SC SINGLE PRODUCTION
4-1623707-1 TCR0805N680KSC TRIMMABLE 0805 0/-10% 680K SC SINGLE PRODUCTION
4-1623707-2 TCR1206N20KSC TRIMMABLE 1206 0/-10% 20K SC SINGLE PRODUCTION
4-1623707-3 TCR1206N22KSC TRIMMABLE 1206 0/-10% 22K  SC SINGLE PRODUCTION
4-1623707-4 TCR1206N270KSC TRIMMABLE 1206 0/-10% 270K SC SINGLE PRODUCTION
4-1623707-5 TCR0805N120KSC TRIMMABLE 0805 0/-10% 120K SC SINGLE PRODUCTION
6-1623707-5 TCR1206N68K TRIMMABLE 1206 0/-10% 68K DOUBLE PRODUCTION
6-1623707-7 TCR1206N20K TRIMMABLE 1206 0/-10% 20K DOUBLE PRODUCTION
6-1623707-8 TCR1206N13K TRIMMABLE 1206 0/-10% 13K DOUBLE PRODUCTION
6-1623707-9 TCR1206N12K TRIMMABLE 1206 0/-10% 12K DOUBLE PRODUCTION
7-1623707-0 TCR1206N22K TRIMMABLE 1206 0/-10% 22K DOUBLE PRODUCTION
7-1623707-7 TCR0805N200K TRIMMABLE 0805 0/-10% 200K DOUBLE PRODUCTION
8-1623707-6 TCR1206N270K TRIMMABLE 1206 0/-10% 270K DOUBLE PRODUCTION
8-1623707-8 TCR0805P10K TRIMMABLE 0805 0/-20% 10K DOUBLE PRODUCTION
8-1623707-9 TCR0805P11K TRIMMABLE 0805 0/-20% 11K DOUBLE PRODUCTION
9-1623707-0 TCR0805P13K TRIMMABLE 0805 0/-20% 13K DOUBLE PRODUCTION
9-1623707-1 TCR0805P2K2 TRIMMABLE 0805 0/-20% 2K2 DOUBLE PRODUCTION
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