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16239311 CFR25J300K CFR25 5% 300K DISCONTINUED 3-1623931-1 CFR25J430R CFR25 5% L30R DISCONTINUED
1623931-2 CFR25J300R CFR25 5% 300R DISCONTINUED 3-1623931-2 CFR25J43R CFR25 5% 43R D ISCONTINUED
1623931-3 CFR25J30K CFR25 5% 30K DISCONTINUED 3-1623931-3 CFR25J47T0K CFR25 5% 470K PRODUCTION
1623931-4 CFRZ25J30R CFR25 5% 30R D ISCONTINUED 3-1623931-4 CFR25J470R CFR25 5% 4770R PRODUCTION
1623931-5 CFR25J330K CFR25 5% 330K PRODUCTION 3-1623931-5 CFRZ5JLTK CFR25 5% L4'IK PRODUCTION
1623931-6 1623931-6 CFR25 5% 330K SUPERSEDED 3-1623931-6 3-1623931-6 CFR25 5% 47K SUPERSEDED
1623931-17 CFR25J330R CFR25 5% 330R PRODUCTION 3-1623931-7 CFRZ5JLTR CFR25 5% L4IR PRODUCTION
1623931-8 CFR25J33K CFR25 5% 33K PRODUCTION 3-1623931-8 CFRZ5JLKTT CFR25 5% 4K PRODUCTION
1623931-9 CFR25J33R CFR25 5% 33R PRODUCTION 3-16723931-9 CFR25J4M7 CFR25 5% 4M7 SUPERSEDED
1-1623931-0 CFR25J360K CFR25 5% 360K DISCONTINUED 4-1623931-0 CFR25J4M7 CFR25 5% 4M7 PRODUCTION
1-1623931-1 CFR25J360R CFR25 5% 360R DISCONTINUED 4-1623931-1 CFR25J4RT CFR25 5% 4R7 PRODUCTION
1-1623931-2 1-1623931-2 CFR25 5% 360R DISCONTINUED 4-1623931-2 CFR25J510K CFR25 5% 510K DISCONTINUED
1-1623931-3 CFR25J36K CFR25 5% 36K DISCONTINUED 4-1623931-3 CFR25J510R CFR25 5% 510R DISCONTINUED
1-1623931-4 CFR25J36R CFR25 5% 36R PRODUCTION L-1623931-4 CFR25J571K CFR25 5% 51K PRODUCTION
1-1623931-5 CFR25J390K CFR25 5% 390K PRODUCTION 4-1623931-5 CFR25J57R CFR25 5% 571R DISCONTINUED
1-1623931-6 CFR25J390R CFR25 5% 390R PRODUCTION L-1623931-6 CFR25J560K CFR25 5% 560K PRODUCTION
1-16723931-77 1-1623931-7 CFRZ5 5% 390R SUPERSEDED 4L-16723931-17 CFR25J560R CFR25 5% 560R PRODUCTION
1-1673931-8 CFR25J39K CFR25 5% 39K PRODUCTION 4-16723931-8 CFRZ25J56K CFR25 5% 56K PRODUCTION
1-1623931-9 CFR25J39R CFR25 5% 39R PRODUCTION 4-1673931-9 CFRZ25J56R CFR25 5% 56R PRODUCTION
2-1623931-0 CFR25J3K0 CFR25 5% 3KO0 D ISCONTINUED 5-1623931-0 5-1623931-0 CFR25 5% 56R SUPERSEDED
2-1623931-1 CFR25J3K3 CFR25 5% 3K3 PRODUCTION 5-1623931-1 CFR25J5K CFR25 5% 5K1 DISCONTINUED
2-1623931-2 CFR25J3K6 CFR25 5% 3K6 DISCONTINUED 5-1623931-2 5-1623931-2 CFR25 5% 5K DISCONTINUED
2-1623931-3 CFR25J3K9 CFR25 5% 3K9 PRODUCTION 5-1623931-3 CFR25J5K6 CFR25 5% 5K6 PRODUCTION
2-1623931-4 CFR25J3M3 CFR25 5% 3M3 PRODUCTION 5-1623931-4 CFR25J5M6 CFR25 5% 5M6 PRODUCTION
2-1623931-5 CFR25J3M9 CFR25 5% 3M9 PRODUCTION 5-1623931-5 CFR25J5R1 CFR25 5% 5R1 DISCONTINUED
2-1623931-6 CFR25J3R0 CFR25 5% 3RO DISCONTINUED 5-1623931-6 CFR25J5R6 CFR25 5% 5R6 PRODUCTION
2-1623931-7 CFR25J3R3 CFR25 5% 3R3 PRODUCTION 5-1623931-17 CFR25J620K CFR25 5% 620K DISCONTINUED
2-1623931-8 CFR25J3R3 CFR25 5% 3R3 DISCONTINUED 5-1623931-8 CFR25J620R CFR25 5% 620R DISCONTINUED
2-1623931-9 CFR25J3R9 CFR25 5% 3R9 PRODUCTION 5-1623931-9 CFR25J62K CFR25 5% 62K DISCONTINUED
3-1623931-0 CFR25J430K CFR25 5% 430K DISCONTINUED 6-1623931-0 CFR25J62R CFR25 5% 67R DISCONTINUED
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6-1623931-1 CFR25J680K CFR25 5% 680K PRODUCTION
6-1623931-2 CFR25J680R CFR25 5% 680R PRODUCTION
6-1623931-3 CFRZ25J68K CFRZ25 5% 68K PRODUCTION
6-1623931-4 CFRZ25J68R CFR25 5% 68R PRODUCTION
6-1623931-5 CFRZ25J6K2 CFR25 5% 6K? D ISCONTINUED
6-1623931-6 CFRZ25J6K8 CFR25 5% 6K8 PRODUCTION
6-1623931-7 CFR25J6M8 CFR25 5% 6M8 PRODUCTION
6-1623931-8 CFRZ25J6R8B CFR25 5% 6R8 PRODUCTION
6-1623931-9 CFR25J6R8 CFR25 5% 6R8 DISCONTINUED
7-1623931-0 CFR25J750K CFR25 5% 750K PRODUCTION
7-1623931-1 CFR25J750R CFR25 5% 750R DISCONTINUED
7-1623931-2 CFR25J75K CFR25 5% 75K DISCONTINUED
7-1623931-3 7-1623931-3 USE 7-1623931-L SUPERSEDED
7-1623931-4 CFR25J75R CFR25 5% 75R PRODUCTION
7-1623931-5 CFR25J7K5 CFR25 5% K5 DISCONTINUED
7-1623931-6 CFR25J820K CFR25 5% 820K PRODUCTION
7-1623931-7 CFR25J820R CFR25 5% B820R PRODUCTION
7-1623931-8 CFR25J82K CFR25 5% 82K PRODUCTION
7-1623931-9 CFR25J82R CFR25 5% 82R PRODUCTION
8-1623931-0 CFR25J82R CFR25 5% 82R SUPERSEDED
8-1623931-1 CFRZ25J8K2 CFR25 5% 8K? PRODUCTION
8-1623931-2 CFR25J8M?7 CFR25 5% 8M? DISCONTINUED
8-1623931-3 CFR25J8M?7 CFR25 5% 8M? PRODUCTION
8-1623931-4 CFR25J8R? CFR25 5% 8R2 PRODUCTION
8-1623931-5 CFR25J910K CFR25 5% 910K DISCONTINUED
8-1623931-6 CFR25J910R CFR25 5% 910R DISCONTINUED
8-1623931-7 CFR25J91K CFR25 5% 91K DISCONTINUED
8-1623931-8 CFR25J4LK3 CFR25 5% LK3 DISCONTINUED
8-1623931-9 CFR25J9K1 CFR25 5% 9K PRODUCTION
9-1623931-0 CFR25J380K CFRZ25 5% 380K D ISCONTINUED
9-1623931-1 CFR25J1M0K CFR25 5% 110K PRODUCTION
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