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TECHNICAL SPECIFICATION

DISSIPATION AT 25�$�C :
 

BS OHMIC RANGE :
STABILITY :

ISOLATION VOLTAGE :
MAX WORKING VOLTAGE :

TEMP COEFFICIENT :
 

CLIMATIC CATEGORY :

25 WATTS MOUNTED
ON STANDARD HEATSINK
R051 TO 27K
 R < =1% PER 1000hrs
2500V DC/AC pk
500V DC/AC rms
> 1RO  50ppm
> 100R  25ppm
55/200/56

FOR FURTHER INFORMATION SEE DATA SHEET FOR
HS SERIES-ALUMINIUM HOUSED RESISTORS
 
FOR A SPECIFIC PN FOR A RESISTANCE VALUE
AND TOLERANCE, PLEASE REFER TO DMF
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