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HOUSING: POLYESTER, COLOR, GRAY, UL 94V-O. oI | REV PER £CO-20-004668 IR0 | ML | ST

CONTACT: PHOSPHOR BRONZE, HIGH CURRENT COPPER ALLOY.

Zﬁl FINISH

IN ACCORDANCE WITH PRODUCT SPECIFICATION 108-1651,

GOLD PLATING OR EQUIVALENT PLATING ON PRODUCT CONTACT MATING AREA,
AND MATTE TIN PLATING ON COMPLIANT PIN AREA, ALL OVER MATTE NICKEL
UNDERPLATED. DETAIL PLEASE REFER TO PRODUCT SPECIFICATION 108-1651.

Zﬁl TOLERANCE TO BE £0.25 BEFORE CONNECTOR IS APPLIED TO PC BOARD.
Zﬁl REFERENCE APPLICATION SPEC [114-1103 FOR

RECOMENDED PLATED THRU HOLE DIAMETER AND

PLATING THICKNESS.

5. CURRENT RATING 16A/CONTACT PER PRODUCT SPEC 108-1651.
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RECOMMENDED PCB D IMENS TONS OTHERN 1SE SPECIEIED: APVD [8NOV2008 |NAME
LAYOUT mm G GRIFFITH UPM VERTICAL HEADER CONNECTOR
AT ropeT ST UNITVERSAL POWER MODULE
@Eam £0.13 1081651 | 5MM STACK HEIGHT
3 PLC +- APPLICATION SPEC
4 PLC +- SIZE CAGE CODE |DRAWING NO RESTRICTED TO
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