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SCALE 2:1
26.99(1.063) [ 40.00(1.575)] 2 | 0.152(.0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) YES POCKET TAPE| YES 84 7-1658043-3
16.98(.669) | 20.00(-7874)| 1 | 0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) YES POCKET TAPE| YES 56 7-1658043-2
6.99(.275) 0(:000) 0 |0.102(:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) YES POCKET TAPE| YES 28 7-1658043-1
26.99(1.063) [ 40.00(1.575)| 2 | 0.152(.:0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) YES POCKET TAPE| NO 120 | 6-16580433
16.98(.669) | 20.00(.-7874)| 1 | 0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) YES POCKET TAPE| NO 80 6-1658043-2
6.99(.275) 0(:000) 0 |0.102(:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) YES POCKET TAPE| NO 40 6-1658043-1
- 40.00(1.575)| 2 | 0.152(.0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) NO POCKET TAPE| YES 84 5-1658043-3
- 20.00(.7874)| 1 |0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) NO POCKET TAPE| YES 56 5-16580432
B 0(:000) 0 |0.102(.:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) NO POCKET TAPE| YES 28 5-1658043-1
- 40.00(1.575)| 2 | 0.152(.0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) NO POCKET TAPE| NO 120 | 4-16580433
- 20.00(.7874)| _1__|0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) NO POCKET TAPE| NO 80 | 416580432
B 0(:000) 0 |0.102(.:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) NO POCKET TAPE| NO 40 | 4-1658043-1
47.00(1.850) | 80.00(3.150) |4 | 0.152(.0060) [100.14(3.943)| 95.20(3.748) |101.30(3.988)| YES TRAY YES 140 __ | 3-16580435
36.99(1.456) | 60.00(2.362)| 3 | 0.152(.0060) | 80.14(3.155) | 75.20(2.961) | 81.28(3.200) YES TRAY YES 112 | 3-16580434
26.99(1.063) [ 40.00(1.575)| 2 | 0.152(:0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) YES TRAY YES 84 3-16580433
16.98(.669) | 20.00(-7874)| 1 | 0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) YES TRAY YES 56 3-1658043-2
6.99(.275) 0(:000) 0 |0.102(:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) YES TRAY YES 28 3-1658043-1
47.00(1.850) | 80.00(3.150) |4 | 0.152(.0060) |100.14(3.943) 95.20(3.748) [101.30(3.988) ____YES TRAY NO 200 | 2-16580435
36.99(1.456) | 60.00(2.362)|__3__ | 0.152(.0060) | 80.14(3.155) | 75.20(2.961) | 81.28(3.200) YES TRAY NO 160 | 2-16580434
26.99(1.063) [ 40.00(1.575)| 2 | 0.152(.0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) YES TRAY NO 120 | 2-16580433
16.98(.669) | 20.00(.7874) | 1 | 0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) YES TRAY NO 80 2-16580432
6.99(.275) 0(.000) 0 |0.102(:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) YES TRAY NO 40 2-16580431
- 80.00(3.150)| 4 | 0.152(.0060) |[100.14(3.943)| 95.20(3.748) |101.30(3.988)| NO TRAY YES 140 | 1-16580435
- 60.00(2.362)| 3 | 0.152(.0060) | 80.14(3.155) | 75.20(2.961) | 81.28(3.200) NO TRAY YES 112 | 1-16580434
B 40.00(1.575)| 2 | 0.152(.0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) NO TRAY YES 84 1-1658043-3
- 20.00(.7874)| 1 | 0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) NO TRAY YES 56 1-1658043-2
- 0(.000) 0 |0.102(.:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) NO TRAY YES 28 1-1658043-1
B 80.00(3.150)| 4 | 0.152(.0060) [100.14(3.943)| 95.20(3.748) |101.30(3.988)| NO TRAY NO 200 16580435
B 60.00(2.362)| 3 | 0.152(.0060) | 80.14(3.155) | 75.20(2.961) | 81.28(3.200) NO TRAY NO 160 16580434
- 40.00(1.575)| 2 [ 0.152(.0060) | 60.13(2.368) | 55.20(2.173) | 61.28(2.412) NO TRAY NO 120 1658043-3
B 20.00(.7874)| _1__|0.102(.0040) | 40.13(1.580) | 35.20(1.386) | 41.28(1.625) NO TRAY NO 80 1658043-2
- 0(.000) 0 |0.102(.:0040) | 20.13(.793) | 15.20(.598) | 21.29(.838) NO TRAY NO 40 16580431
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