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- A HOUSING: LCP, BLACK.
CONTACT & GROUND PLANE: PHOS BRONZE.

POSITION #1 - B -
D \ . 20.00 [.7875] ﬂ A CONTACT PLATING: SELECT GOLD FLASH.
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26.52(1.044)[40.00(1.575)] 2 ]0.102(.0040)]58.50(2.303)| 55.20(2.173)| 60.00(2.362)]  YES __ |POCKET TAPE| YES 84 | 7-1658045-3
16.51(.650) | 20.00(.7874) 1 0.102(.0040) | 38.48(1.515) | 35.20(1.386) | 40.00(1.575) YES POCKET TAPE| YES 56 7-1658045-2
6.50(.256) | 0(.000) 0 |0.102(.0040)| 18.49(.728) | 15.20(.598) | 20.00(.787) YES _ |POCKET TAPE| YES 28 | 7-1658045-1
26.52(1.044) 40.00(1.575)| 2 |0.102(.0040)|58.50(2.303)| 55.20(2.173)| 60.00(2.362)|  YES _ |POCKET TAPE| NO 120 | 6-1658045-3
16.51(.650) | 20.00(.7874) 1 0.102(.0040) | 38.48(1.515) | 35.20(1.386) | 40.00(1.575) YES POCKET TAPE| NO 80 6-1658045-2
] 6.50(.256) | 0(.000) 0 |0.102(.0040)| 18.49(.728) | 15.20(.598) | 20.00(.787) YES POCKET TAPE| NO 40 |6-1658045-1|
- 40.00(1.575)| 2 |0.102(.0040)|58.50(2.303) [ 55.20(2.173) | 60.00(2.362) NO POCKET TAPE| YES 84 5-1658045-3
- 20.00(.7874)] 1 |0.102(.0040)| 38.48(1.515) | 35.20(1.386) | 40.00(1.575) NO POCKET TAPE| YES 56 | 5-1658045-2
- 0(.000) 0 |0.102(.0040)| 18.49(.728) | 15.20(.598) | 20.00(.787) NO POCKET TAPE| YES 28 | 5-1658045-1
- 40.00(1.575)| 2 |0.102(.0040)|58.50(2.303) | 55.20(2.173)| 60.00(2.362) NO POCKET TAPE| NO 120 4-1658045-3
- 20.00(.7874) 1 0.102(.0040) | 38.48(1.515) | 35.20(1.386) | 40.00(1.575) NO POCKET TAPE| NO 80 4-1658045-2
- 0(.000) 0 0.102(.0040) | 18.49(.728) | 15.20(.598) | 20.00(.787) NO POCKET TAPE| NO 40 4-1658045-1 L0
46.51(1.831)| 80.00(3.150)| 4 |0.152(.0060)| 98.50(3.748) | 95.20(3.748) [100.00(3.937) __ YES TRAY YES | 140 |3-16580455]|
36.53(1.438)|60.00(2.362)| 3 |0.152(.0060)|78.49(3.090) | 75.20(2.961) [ 80.00(3.150) YES TRAY YES 112 3-1658045-4| | &
26.52(1.044)| 40.00(1.575)| 2 |0.102(.0040)]58.50(2.303)| 55.20(2.173)| 60.00(2.362)| _ YES TRAY YES 84  |3-1658045-3| L—
B 16.51(.650) | 20.00(.7874) 1 0.102(.0040) | 38.48(1.515) | 35.20(1.386) | 40.00(1.575) YES TRAY YES 56 3-1658045-2 R
6.50(.256) 0(.000) 0 |0.102(.0040)| 18.49(.728) | 15.20(.598) | 20.00(.787) YES TRAY YES 28 3-1658045-1
46.51(1.831)| 80.00(3.150)| 4 |0.152(.0060)| 98.50(3.748) | 95.20(3.748)[100.00(3.937) _ YES TRAY NO 200 | 2-1658045-5
36.53(1.438)|60.00(2.362)| 3 |0.152(.0060)|78.49(3.090) | 75.20(2.961) | 80.00(3.150) YES TRAY NO 160 2-1658045-4
26.52(1.044)| 40.00(1.575)| 2 |0.102(.0040)] 58.50(2.303) | 55.20(2.173) | 60.00(2.362)| _ YES TRAY NO 120 | 2-1658045-3
16.51(.650) | 20.00(.7874) 1 0.102(.0040) | 38.48(1.515) | 35.20(1.386) | 40.00(1.575) YES TRAY NO 80 2-1658045-2
6.50(.256) | 0(.000) 0 ]0.102(.0040)| 18.49(.728) | 15.20(.598) | 20.00(.787) YES TRAY NO 40 | 2-1658045-1
- 80.00(3.150)| 4 |0.152(.0060)|98.50(3.748)| 95.20(3.748) [100.00(3.937 NO TRAY YES 140 1-1658045-5
- 60.00(2.362)| 3 |0.152(.0060)] 78.49(3.090) | 75.20(2.961) | 80.00(3.150) NO TRAY YES | 112 | 1-1658045-4
- - 40.00(1.575)] 2 |0.102(.0040)]58.50(2.303)| 55.20(2.173) | 60.00(2.362) NO TRAY YES 84 | 1-1658045-3
- 20.00(.7874) 1 0.102(.0040) | 38.48(1.515) | 35.20(1.386) | 40.00(1.575) NO TRAY YES 56 1-1658045-2
- 0(.000) 0 |0.102(.0040)| 18.49(.728) | 15.20(.598) | 20.00(.787) NO TRAY YES 28 | 1-1658045-1
- 80.00(3.150)| 4 |0.152(.0060)|98.50(3.748)|95.20(3.748) [100.00(3.937 NO TRAY NO 200 1658045-5
- 60.00(2.362)| 3 |0.152(.0060) |78.49(3.090)|75.20(2.961) [ 80.00(3.150) NO TRAY NO 160 1658045-4
_ 40.00(1.575)] 2 | 0.102(.0040)|58.50(2.303)| 55.20(2.173) | 60.00(2.362) NO TRAY NO 120 | 1658045-3
- 20.00(.7874) 1 0.102(.0040) | 38.48(1.515) | 35.20(1.386) | 40.00(1.575) NO TRAY NO 80 1658045-2
- 0(.000) 0 |0.102(.0040)| 18.49(.728) | 15.20(.598) | 20.00(.787) NO TRAY NO 40 | 16580451
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