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ALL PARTS SHIPPED UNASSEMBLED.

BLACK ZINC FLAKE COATING.

COMPONENTS INDIVIDUALLY BULK PACKED.

HDP—20 RCPT CONNECTOR

RECEPTACLE ACCEPTS SIZE DF SOCKET CONTACTS. CONTACTS MUST BE PURCHASED SEPARATELY.

STYRENE POLYOLEFIN OR PVC, 94V—-0 RATED, FLAME RETARDANT, BLACK.

NYLON OR POLYESTER, 94V—-0O RATED, GLASS FILLED, FLAME RETARDANT, BLACK.

.000200 MIN TIN PLATE OVER .000100 MIN COPPER UNDERPLATE.
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