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IA1670820-16.8SINGLE WIRE SEAL, PLUG TERM
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A3 NEW PART VARIANT ADDED IN BOM 30JUL2019 JJH TS

A4 -3 VARIANT OBSOLETED 10APR2020 SK TS

A5 ADDED -4 VARIANT,  95mmsq COROPLAST cable 25AUG2022 JJH PR

B -4 VARIANT PROFILE AND COLOR UPDATED 02NOV2023 VR PR

DIMENSIONING AND TOLERANCING PER GPS (ISO STANDARDS).
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MATED WITH:              1670904

NOTE FEATURE TE Connectivity - No.

PRODUCT-SPEC. 108-94026

APPLICATION-SPEC. 114-18769

WIRE DIAMETER [mm]
FOR

WIRE SIZE [mm²]
SURFACE
COLOURMATERIALREVTE CONNECTIVITY

ORDER-NO.
MASS [gr]TITLE

SILICONE

GREEN/gruen
SIM./aehnl. RAL 6010

SILICONE

95 (H+S)BLUE/blau RAL 5015SILICONE

7.89�#�0.395 COROPLAST
YELLOW/gelb
RAL 1016

SILICONEIVB1670820-47.85SINGLE WIRE SEAL, PLUG TERM

Variant I

         -2 VAR II AS SHOWN

ACC. TO
DIN ISO 3302

A-A

         -1 VAR I AS SHOWN

3D VIEWS
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Variante II

A-A

          -4 VAR IV AS SHOWN

Variante III

A-A

         -3 VAR III AS SHOWN
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