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/KUNDENZEICHNUNG

/OBERFLAECHE/FARBE

DIESES ZEICHNUNGSDOKUMENT WIRD DURCH AMP INCORPORATED KONTROLLIERT.
AENDERUNGEN, DIE DEM TECHNISCHEN FORTSCHRITT DIENEN, SIND VORBEHALTEN.
DEN JEWEILS LETZTGUELTIGEN AENDERUNGSSTAND ERFAHREN SIE AUF ANFRAGE.

AENDERUNGEN

VONMASSSTAB BLATT

ZEICHNUNGS-NR.

MASSEINHEITEN:
ALLGEMEINTOLERANZEN

/WINKEL

PRODUKTSPEZ.

VERARBEITUNGSSPEZ.

GEWICHT

BESCHREIBUNG

FREI FUER VEROEFFENTLICHUNG

ALLE RECHTE VORBEHALTEN.
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F17544 GREEN: FROM VERITAS/
0-0828922-1
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PLUG
BLINDSTOPFEN

1241396-1 / 963292-1 YELLOWFLR2.502.7-3.0
1241396-1 / 963293-1 BROWNFLR1.502.2-2.4
1241394-1 / 963294-1 BLUEFLR1.001.9-2.1
1241394-1 / 963294-1 BLUEFLR0.751.7-1.9
1241394-1 / 963294-1 BLUEFLR0.501.4-1.6
1241392-1 / 963294-1 BLUEFLR0.351.2-1.4

MATING PART
GEGENSTUECK

2.8
CONTACT/WIRE SEAL

KONTAKT/LEITERDICHTUNG
TYP

MM²
WIRE SIZE

QUERSCHNITT

MM
WIRE DIA
LEITER-�n�

ITEM
NO

QTYDESCRIPTIONRAL-NOCOLORMATERIALREVTE-NOCOD

11RECEPTACLE HOUSING, ...9011BLACKPBT
G1718562-1I 21RETAINER, ...6018GREEN

31SEALING, ...-NATURALMVQ
11RECEPTACLE HOUSING, ...8012DARK BROWNPBT

1718562-2II 21RETAINER, ...
31SEALING, ...-NATURALMVQ
11RECEPTACLE HOUSING, ...3003REDPBT

1718562-3III 21RETAINER, ...
31SEALING, ...-NATURALMVQ
11RECEPTACLE HOUSING, ...2003ORANGEPBT

1718562-4IV 21RETAINER, ...
31SEALING, ...-NATURALMVQ
11RECEPTACLE HOUSING, ...5012BLUEPBT

1718562-5V 21RETAINER, ...
31SEALING, ...-NATURALMVQ
11RECEPTACLE HOUSING, ...9010WHITEPBT

1718562-6VI 21RETAINER, ...
31SEALING, ...-NATURALMVQ
11RECEPTACLE HOUSING, ...6018GREENPBT

1718562-7VII 21RETAINER, ...
31SEALING, ...-NATURALMVQ
11RECEPTACLE HOUSING, ...7036GREYPBT

1718562-8VIII 21RETAINER, ...PBT-GF10
31SEALING, ...-NATURALMVQ

11RECEPTACLE HOUSING, ...9011BLACKPBT

1-1718562-1I
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10
11RECEPTACLE HOUSING, ...8012DARK BROWNPBT

1-1718562-2II
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10
11RECEPTACLE HOUSING, ...3003REDPBT

1-1718562-3III
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10
11RECEPTACLE HOUSING, ...2003ORANGEPBT

1-1718562-4IV
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10
11RECEPTACLE HOUSING, ...5012BLUEPBT

1-1718562-5V
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10
11RECEPTACLE HOUSING, ...9010WHITEPBT

1-1718562-6VI
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10
11RECEPTACLE HOUSING, ...6018GREENPBT

1-1718562-7VII
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10
11RECEPTACLE HOUSING, ...7036GREYPBT

1-1718562-8VIII
21RETAINER, ...
31SEALING, ...-NATURALMVQ
41CPA, ...3003REDPBT-GF10

      BEMERKUNGEN

  KONTAKTKAMMERNUMMER

  PRODUKTIONSDATUM

  WERKSTOFF-KENNZEICHNUNG NACH VDA 260

  LIEFERZUSTAND GEZEICHNET: VERRIEGELUNG IN VORRASTSTELLUNG,
      NACH KONTAKTBESTÜCKUNG IN DIESER RICHTUNG VERSCHIEBEN (3mm)

  ZULAESSIGER VERZUG ±0.5

  VERPACKT ALS SCHUETTGUT

  OHNE CPA

  MIT CPA

  ZUL. ABWEICHUNGEN FUER TEILE AUS
      BESTEHENDEM WERKZEUG (NESTMARKIERUNG 1 - 4)

EINBAUDEFINITION / FITTING DEFINITION

      NOTES

  CONTACT CAVITY NUMBER

  PRODUCTION-DATE

  MATERIAL MARKING ACC.TO VDA 260

  SHOWN AS SUPPLIED: RETAINER IN PRE-LOCKED POSITION.
      AFTER CONTACT LOADING TO DRIFT IN THIS DIRECTION (3mm)

  ALLOWED WARPAGE ±0.5

  BULK PACKAGED

  WITHOUT CPA (CONNECTOR POSITION ASSURANCE)

  WITH CPA

  ALLOWED DEVIATIONS FOR PARTS FROM 
      EXISTING MOLD (CAVITY MARKING 1 - 4)

CODINGS               I                    II                    III                    IV
KODIERUNGEN         BLACK              DARK BROWN                RED                  ORANGE
                   SCHWARZ             DUNKELBRAUN               ROT                  ORANGE  
 
 
 
 
 
 
 
 
 
 
 
                      V                    VI                    VII                    VIII
                    BLUE                  WHITE                 GREEN                   GREY
                    BLAU                  WEISS                 GRUEN                    GRAU
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