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Gehaeuse-Variante fuer freidrehbaren Kontakt
HOUSING VERSION FOR FREE TURNABLE CONTACT
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Gehaeuse-Variante fuer 3 feste Pos. des Kabelabganges
HOUSING VERSION FOR 3 FIXED POS. OF THE CABLE OUTLET
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