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NOTE:
1. MATERIAL:
1.1 HOUSING: PA46, WITH 30% GF, UL94 V—0, BLACK COLOR.
1.2 INSERT HOUSING: PA46, WITH 30% GF, UL94 V—0, BLACK COLOR.
1.3 CONTACTS: PHOSPHOR BRONZE.
B 1.4 SHELL: BRASS. B
1.5 LED SOLDER TAIL: EPOXY, STEEL.
2. FINISH:
2.1 CONTACTS:
/A\0.38Tum [15u”] MIN. GOLD PLATED ON CONTACT AREA.
GOLD FLASH ON SOLDER TAIL.
_ 1.27um [50u”] MIN. NICKEL. UNDERPLATED OVERALL. *
/B\ CONTACTS: 1.27um [50u”] MIN. GOLD PLATED ON CONTACT AREA.
GOLD FLASH ON SOLDER TAIL. S -
" THIS DRAWING IS A CONTROLLED DOCUMENT. _ —
1.27um [50u”] MIN. NICKEL. UNDERPLATED OVERALL. - _ = E TE Connectivity
2.3 SHELL: 0.508um [ZOU”} MIN. NICKEL PLATED OVERALL. DIMENSIONS: TOLERANCES UNLESS =
. OTHERWISE SPECIFIED:  |APVD — | NAME
2.4 LED: 1.02um [40u] COPPER UNDERPLATED OVERALL. mm PREDUCT - MODULAR JACK CONNECTOR
A 1.27um [50u"] NICKEL OVERALL. NS ios COMBO RU45+RJ11 ASSY, SIDE BY SIDE, A
1.27um [50u”] SILVER ON BONDING AREA. @gi T APFLCATON SPEC TAB UP, DIP TYPE, H=11.06mm
2.54um [100u”] BRIGHT-TIN ON SOLDER AREA. T SIZE | CAGE CODE | DRAWING NO RESTRICTED
4. WAVE SOLDER CAPABLE TO 265°C PER TE SPEC 109-202, CONDITION B. MATERIAL FINISH WEIGHT — A 3l00779(C=1734255 =
) ) CUSTOMER DRAWING [Sce_—"" 5 o 5 A3
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