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NOTES:
1. FEMALE COAX CONTACTS SIZE 15 FOR CABLE TYPE KX22 SINGLE AND DOUBLE STRANDS TYPE FILECA
A ALS: I
/N MATERIALS TE PART NO.
OUTER CONTACT, CENTRE CONTACT, FERRULE: COPPER ALLOY PLATED GOLD OVER NICKLE T738026—1
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