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@) CONVERTED RADIALL DWG TO TYCO ACAD DWG 11/03 — —
FRONT AND REAR INSULATORS: THERMOSET EPOXY PER ASTM D 5948 T | REVISED 22APR10| RF | M
CONTACT RETENTION CLIPS: COPPER ALLOY PER ASTM B194
i A DATE CODE: YEAR & WEEK (YYWW) :
3. DESCRIPTIVE PART NUMBER: GPRANO4SA fﬂ - \@“
THIS INSERT CONTAINS 2 CAVITIES FOR SIZE 16 SOCKET CONTACTS @ 2
THIS INSERT CONTAINS 2 CAVITIES FOR SIZE 12 SOCKET CONTACTS
4
4. THIS PRODUCT IS SOLD BY TYCO ELECTRONICS UNDER A LICENSE FROM RADIALL SA. f@ @ )
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