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Q FRONT AND REAR INSULATORS: THERMOSET EPOXY PER ASTM D 5948
CONTACT RETENTION CLIPS: COPPER ALLOY PER ASTM B194
REAR GROMMET: FLUOROSILICONE ELASTOMER PER MIL—R—25988B,

EXCEPT 4.6.6.1

DATE CODE: YEAR & WEEK (YYWW)

5. DESCRIPTIVE PART NUMBER: GPRAET4SA

THIS INSERT CONTAINS

14 CAVITIES FOR SIZE 20 SOCKET CONTACTS

4. THIS PRODUCT IS SOLD BY TYyCO ELECTRONICS UNDER A LICENSE FROM RADIALL SA.
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DIMENSIONS: TOLERANCES UNLESS
OTHERWISE SPECIFIED: APJ/D MOSIER NOVO3 | NAME
mm [INCHES] _
R L WOSIES GPR—A SOCKET INSERT, CLASS E,
1 PLC + - CONTACT ARRANGEMENT 14
@E 2 PLC + 0.05 [.002] —
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