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/\ FRONT & REAR INSULATORS: THERMOSET EPOXY PER ASTM D5948 A | INTTIAC RELEASE 25FEB22| AM| BC
CONTACT RETENTION CLIPS: COPPER ALLOY PER ASTM B194
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