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TYPE
WIRE

SIZE(mm²)
PART NO.

WIRE INSULATION 
DIAMETER(mm)

COLOR

MTII

0.35~0.5 964971-1 1.2~1.6 RED

0.5~0.75 963530-1 1.4~1.9 GRAY

1.0 964972-1 1.9~2.1 YELLOW

963531-1 CAVITY PLUG WHITE

JPT

0.35~1.0 828904-2 1.2~2.1 BLUE

1.5~2.5 828905-1 2.2~3.0 WHITE

828922-1 CAVITY PLUG NATURAL

MCP
2.5~4.0 828985-1 3.0~3.7 GREEN

828986-1 CAVITY PLUG BROWN

TYPE PART NO.
WIRE 

SIZE(mm²)
Insulation
DIA(mm)

Applicable
WIRE

FINISH

MTII

0-962875-1
0.2~0.5 1.2~1.6 AVSSXF 0.5 Max

CuSn4

0-962875-3 CuSn4(GOLD)

0-962876-1
0.5~1.0 1.4~2.1 AVSSXF 0.85 Max

CuSn4

0-962876-3 CuSn4(GOLD)

JPT

0-927770-3
0.5~1.0 2.0~2.7 FLK 1.0 Max

CuSn4

2-927770-1 CuSn4(GOLD)

0-927766-3
1.5~2.5 2.7~3.0

AVSS 2.0 Max or
FLR 2.5 Max

CuSn4

2-927766-1 CuSn4(GOLD)

MCP 1-968859-1 2.5~4.0 3.0~3.7
AEXF 3.0 Max or

FLR 4.0 Max
CuNiSi

4 INNER SEAL SILICONE RED
ORANGE 1 1

3 LEVER PBT-GF20 GRAY 1 1

MAIN PLUG (TYPE B) PBT-GF15 BLACK 1

MAIN PLUG (TYPE A) PBT-GF15 BLACK 1

1 FRONT PLUG PBT-GF15 BLACK 1 1
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NOTE
 
1. GENERAL TOLERANCE:�#�0.3, �#�3�$�
 
2. DELIVERY CONDITION
 
3. APPLIED CAP P/N:X-1743636-X
   APPLIED WIRE COVER P/N:X-1743637-X
 
4. APPLICABLE RECEPTACLE CONTACT P/N:TABLE 1
 
 
 
 
 
 
5. APPLICABLE WIRE SEAL P/N:TABLE 2
 
6. CLIP MOUNTING FEATURE : TABLE 3

<TABLE 1>

<TABLE 2>
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3D EXPLODE VIEW
(SCALE 1:1)
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TYPE B TYPE A

1-1743632-2 0-1743632-2

TERMINAL TYPE CAVITY/CIRCUIT NO.

JPT 1,15,29

MCP 8,22,36

MTII REMAINING
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<TABLE 3>

TYPE B (DELPHI CLIP MOUNTING TYPE)
1-1743632-2
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