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NOTES: «
1. HIROSE COMPATIBLE, 2.5mm MATING HEIGHT. —
2. 100% ELECTRICAL TESTING FOR: 7 7 RECEPTACLE
CONTINUITY AND SHORTS. HI-POT AT 150 VDC FOR 100ms
FREQUENCY RANGE: DC TO 6 GHz
VSWR 1.4:1 MAX PRINTED .
| s eroeT R CRCUTT BRARD VIEW A: MATING HEIGHT
TEMPERATURE: —40 TO +90 DEG.C
VOLTAGE: 60 VAC
CHARACTERISTIC IMPEDANCE: 50 OHMs
MATING DURABILITY: 30 CYCLES
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