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PART
NUMBER

INTERFACE

1757640-15

1757640-26

 BRASS PER ASTM B 16

 TEFLON (PTFE) PER ASTM D 1710

 BERYLLIUM COPPER PER ASTM B 196

 GOLD PLATE, .000050 MIN THICK, PER
    MIL-G-45204 OVER NICKEL PLATE,
    .000100 MIN THICK, PER QQ-N-290

 SMPM FULL DETENT INTERFACE PER
     MIL-STD-348, FIGURE 328-2

 SMPM SMOOTH BORE INTERFACE PER
     MIL-STD-348, FIGURE 328-3
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