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& MATERTALS: A RELEASED PER ECO 11-009364 5-9-11 | BM | BM
BODY: BERYLLIUM COPPER PER ASTM B 196
CONTACT: BERYLLIUM COPPER PER ASTM B 196
DIELECTRIC: TEFLON PER ASTM D 1710
A FINISHES:
BODY: .000050 MIN GOLD PLATE PER MIL-G-45204
CONTACT: .000050 MIN GOLD PLATE PER MIL-G-45204
_— 3. FOR USE WITH .047 DIAMETER SEMI-RIGID CABLE
4. SMPM FEMALE INTERFACE PER MIL-STD-348A, FIGURE 328-1
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