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. APPLICATION SPEC..114-5147
2 INSTRUCTION SHEET: 1S-507J
. A\MATERIALECOLOR  .PBT 84V-0,GRAY

4 CONTACT INSERTION FORCE 400 GRAMS MAX. -

CONTACT RETENTION FORCE 2.5 KGRAMS MIN. -

CINSPECTION FORCE 1.5 KGRAMS MAX)
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