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PART NODESCRIPTION

1828619-1MULTIMODE

1828619-2SINGLEMODE

RECOMMENDED PANEL CUT-OUT
 MAX PANEL THICKNESS 3.2mm

 MATERIAL:
   HOUSING, RECEPTACLE: PBT, COLOR: BLACK*
   NUT, PANEL: BRASS, Ni PLATED
   GASKET: SILICONE, COLOR: RED/ORANGE

  LC DUPLEX ADAPTER ASSY:
   HOUSING: PEI, COLOR: MM BEIGE, SM BLUE*
   PROTECTIVE COVERS: TPE, COLOR: BLACK*
   ALIGNMENT SLEEVES: MM METAL, SM CERAMIC

  * UL 94 V-0 RATED AT QUALIFYING THICKNESS.

 2. ADAPTER PROTECTIVE COVERS ARE INCLUDED; NOT SHOWN.

 3. ADAPTER SEALED PROTECTIVE CAP W/ TETHER IS ALSO 
    AVAILABLE,  P/N 1918177-1.
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