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1857167-2Tin and Nickel CuFe2p CONTACT

- LCP GF 30% HOUSING

Tin and Nickel CuZn BOARDLOCK

1857167-1Tin and Nickel CuFe2p CONTACT

- PA 4.6 30% GF HOUSING

FINISH MATERIAL DESCRIPTION FG PART NUMBER

1857167-1 AS SHOWN

NOTE:
 
1.  ALL RADII R0,2 EXCEPT AS NOTED.
 
2.  PACKING:   
 
     1857167-1 - TRAY PACKED
    
     1857167-2 - TAPE AND REEL PACKAGING ACCORDING TO EIA-481
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