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I . BROCHE MQS COURTE (selective gold plating)
. — T b Cudnb (short pin MQS contact) 0. 4dpm mini Au sur/over @
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JONE A LAISSER LIBRE /’ \ DORURE SELECTIVE
POUR MONTAGE PORTE CLIPS ' . . i BROCHE MQS LONGUE (selective gold plating)
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