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/N PLATING:
PARTNUMBER PERFORMANCE LEVEL
18576571 | PERFORMANCE LEVEL |: CONNECTOR TESTED AND QUALITIED AGAINST TELCORDIA GR-1217-CORE
QUALITY LEVEL I11: UNCONTROLLED ENVIRONMENT APPLICATIONS. SEE PRODUCT SPEC 108-19353
1857657-2 | PERFORMANCE LEVEL 2: CONFORMS TO ALL TESTING ACCORDING PRODUCT SPEC 108-19320,
250 MATING CYCLES, 4 DAYS MIXED GAS TEST PER IEC 60068-2-60 METHOD |

3 CONSULT APPLICATION SPEC OR CONTACT TE CONNECTIVITY FOR PERMISSIBLE CONTACT ASSIGNMENTS.
A CONNECTOR MARKED WITH PARTNUMBER AND DATE CODE. DATE CODE DEFINITION: YYWWD.
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3 OVERMOLD LCP 30% GF NATURAL
2 HOUS ING LCP 30% GF NATURAL
\ CONTACT COPPER ALLOY
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