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| R - P LTR DESCRIPTION DATE DWN APVD
AS REVISED PER ECR-17-014951 160CT2017 |BDA | KR
— 1. MATES W ITH APPROPRIATE UNIVERSAL MATE-N-LOCK CAP OR HEADER
2. SMALL NICKS ARE PERMITTED ON THE CIRCUIT TOWERS WHICH COULD
|| INCREASE THE INITIAL HOUSING MATING FORCE BY UPTO 4.4N
— < [1.0 LBS]. NO INDIVIDUAL NICKED TOWER SHALL INCREASE THIS FORCE
o™ BY OVER 2.2N [.5LBS]
oo
SIS

3. DIMENSIONS SHOWN REPRESENT PRODUCT IN DRY. AS MOLDED.
CONDITION. ADDITIONAL 2% GROW TH DUE TO SUBSEQUENT MOISTURE

ABSORPTION MAY OCCUR AND SHOULD BE ACCOUNTED FOR.
AFUUR RIBS EQUALY SPACED. NO SPECIFIC ORIENTATION, NO RIBS OR SIX

RIBS EQUALY SPACED. NO SPECIFIC ORIENTATION, OPTIONAL

AUNDERWRITERS RECOGNIZED COMPONENT LOGO AND CSA CERTIFICATION

LOGO TO BE LOCATED ONCE ON EACH SIDE OF HOUSING

ANYLUN. UL9LV-2

AMATERIAL CORRESPONDING TO THE REQUREMENTS OF IEC 60335
(INCL. GLOW W IRE TEST 750°C W ITHOUT FLAME)

A PRELIMARY PART NOT RELEASED FOR PRODUCTION




	Sheet 1
	Views
	new_view_11
	right_13
	right_14
	bottom_15
	new_view_16
	new_view_17
	new_view_18



