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6 0-1879556-6 SQHW4040RJ6 SQH40 40R 5% 6.35mm FASTON

7 0-1879556-7 SQHW40100RJ6 SQH40 100R 5% 6.35mm FASTON
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ITEM TE PART NO MEC PART NO DESCRIPTION

1 0-1879556-1 SQHW40160RJ6 SQH40 160R 5% 6.35mm FASTON

2 0-1879556-2 SQHW4015RJ6 SQH40 15R 5% 6.35mm FASTON

3 0-1879556-3 SQHW4023R8J6 SQH40 23R8 5% 6.35mm FASTON

4 0-1879556-4 SQHW4060RJ6 SQH40 60R 5% 6.35mm FASTON

5 0-1879556-5 SQHW4020RJ6 SQH40 20R 5% 6.35mm FASTON

NOTES:
 
RATED POWER @ 70�$�C: 40W
 
RESISTANCE RANGE: 1R0 - 2K0
 
TEMP. COEFFICIENT: ±300ppm/°C
 
OPERATING TEMP. RANGE: -55 to +250°C
 
INSULATION RESISTANCE: 1000MOhms
 
FOR FURTHER INFORMATION SEE DATA SHEET FOR
SQ SERIES-HIGH POWER RESISTOR (1773285)
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