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TERMINAL WRAPAROUND: 0.007"(0.18mm) APPROX. ON BOTH ENDS

  2.  FOR FURTHER INFORMATION SEE DATA SHEET FOR
      3650 SERIES-LOW INDUCTANCE,HIGH FREQUENCY CHIP INDUCTOR

RECOMMENDED LAND PATTERN
FOR 36501E SERIES

SERIES 36501E AS SHOWN
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