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NOTES:
   1.THIS HOUSING ACCEPTS RECEPTACLE TERMINAL: 
        REC CONTACT:177915-  (#20-#16AWG)
                    177914-  (#26-#22AWG)
   3.MATING CONN. P/N
        CAP HSG:1971600-  (FREE HANGING)
        TAB CONTACT:177917-  (#20-#16AWG)
                    177916-  (#26-#22AWG)
   4.APPLICABLE PLATE P/N:177920-
   5.INSTRUCTION SHEET:411-5638
     MATERIAL: PA66 UL94V-0
     COMPLY WITH GLOW WIRE REQUIREMENT FOR
     PARTS OF NO-METALLIC MATERIAL SUPPORTING
     A CURRENT-CARRING CONNECTOR DETAILED IN
     IEC60335-1, SECTION 30(GWT)
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