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RECOMMENDED PC BBOARD LAYOUT

 1.  MATERIAL:   
     HOUSING - PA HIGH TEMPERATURE, UL94 VO. 
     PUSH BUTTON- PA HIGH TEMP,COLOR - ORANGE
     CLAMPING SPRING - STAINLESS STEEL
     PIN - COPPER ALLOY(CuCr) -BRIGHT TIN PLATED,OVER  NICKEL  UNDERPLATE

 2.  MECHANICAL:
     MIN. PC BOARD HOLES DIAMETER        : 1.2 mm
     MAX. PC BOARD THICKNESS             : 2.4 mm
     WIRE STRIPPING LENGTH               : 11 mm 

 3.  ELECTRICAL: 
     WIRE RANGE            : 12-30 AWG (2.5mm2 TO 0.2mm2)
     RATED VOLTAGE         : 300V
     RATED CURRENT         : 15A
     CONTACT RESISTANCE    : <15 m Ohm
     INSULATION RESISTANCE : >1000 M Ohm (500V DC)

 4.  OPERATING TEMPERATURE RANGE : -40�$�C TO +105�$�C

 NOT CUMULATIVE TOLERANCE5
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PACKAGING INFORMATION:
1) EACH TUBE CONTAINS 52 TERMINAL BLOCKS
2) EACH CARTON CONTAINS 65 TUBES, Tot. Qty 3380 pcs
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