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PART NUMBERNO OF POS.DIM "A"

1986830-225.08 

1986830-3310.16

1986830-4415.24

1986830-5520.32

1986830-6625.40

1986830-7730.48

1986830-8835.56

1986830-9940.64 

1-1986830-01045.72

1-1986830-11150.80

1-1986830-21255.88

1-1986830-31360.96

1-1986830-41466.04

1-1986830-51571.12

1-1986830-61676.20

1-1986830-71781.28

1-1986830-81886.36

NOTES:
1. MATERIALS & FINISH
    HOUSING   : PA6.6 , UL94 V0, COLOR -GREEN 
    SPRING : STEEL
    CONTACT : COPPER ALLOY, TIN PLATED
    PUSH BUTTON     : PA66, COLOR - ORANGE. 
 
2. MECHANICAL
    STRIPPING LENGTH: 10mm 
    INSERTION FORCE: 3N (MAX)
    WITHDRAWAL FORCE: 1.5N (MIN)
 
3. ELECTRICAL
    WIRE RANGE: 30-12 AWG
    MAX. VOLTAGE: 300V
    MAX. CURRENT: 12A
    CONTACT RESISTANCE: <15 m Ohm
    INSULATION RESISTANCE: >1000 M Ohm (500V DC)
 
4. OPERATING TEMPERATURE RANGE: -40°C to +110°C
 
   TOLERANCE NOT CUMULATIVE
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