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NOTES:
 
 1. MATERIALS & FINISH
    HOUSING   : PA6.6 , UL94 V0, COLOUR -GREEN
    PIN : COPPER ALLOY, TIN PLATED
 
2. MECHANICAL
    MAXIMUM INSERTION FORCE PER POLE: 3N
    MINIMUM WITHDRAWAL FORCE PER POLE: 1.5N 
    MAXIMUM PCB THICKNESS: 2.4mm 
       
3. ELECTRICAL
   WIRE RANGE  : 30 - 14 AWG
   VOLTAGE RATING  : 300 V
   CURRENT RATING : 11 A
   CONTACT RESISTANCE  : <15 m Ohm
   INSULATION RESISTANCE  : > 1000 M Ohm (500V DC)
 
4. OPERATING TEMPERATURE RANGE: -40°C TO +110°C
 
   TOLERANCE NOT CUMULATIVE
 

RECOMMENDED PCB LAYOUT
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